
 TRELLEBORG FLUID HANDLING SOLUTIONS

WD ECO

GENERAL INDUSTRY

Drain hose

APPLICATIONS
Drain hose, also suitable for temporary irrigation, drainage or
spraying with liquid nutrients and agricultural chemicals.
Made for relatively low pressure, 3-7bar.

ADVANTAGES
l Long lengths.
l Withstand agricultural chemicals.
l Coils flat.

TECHNICAL DESCRIPTION
Inner tube: PVC, blue.

Reinforcement: synthetic textile.

Cover: PVC, blue, smooth.

Temperature range: -20°C  to +40°C.

COMPLEMENTARY INFORMATION
All technical data is valid at +20°C.
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25.0 ±0.5 1.5 28.0 ±1.0 7 21 0.16 50 1694025 ¤

32.0 ±0.5 1.6 35.2 ±1.0 7 21 0.2 50 1694032 ¤

38.0 ±0.5 1.4 40.8 ±1.0 5 15 0.21 50 1694038 ¤

52.0 ±0.5 1.4 54.8 ±1.0 4.5 13.5 0.29 50 1694052 ¤

63.0 ±0.5 1.7 66.4 ±1.0 4 12 0.4 50 1694063 ¤

76.0 ±0.5 1.8 79.6 ±1.0 4 12 0.57 50 1694076 ¤

102.0 ±0.5 2 106.0 ±1.0 4 12 0.75 50 1694102 ¤

153.0 ±0.5 2.1 157.2 ±1.0 3 9 1.25 30 1694153 ¤

Tolerance on length: ±1% (ISO 1307 Standard). ¤ Upon availability.
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